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Available Lieferbar

from stock ab Lager

Part No. d1 d1 tolerance d2 b1

Art.-Nr. d1-Toleranz h13

A180SM-0810-15 8.0 +0.025 +0.083 10.0 15.0

A350SM-1416-12 14.0 +0.016 +0.068 16.0 12.0

C500SM-3034-30 30.0 +0.020 +0.104 34.0 30.0

F2SM-1214-15 12.0 +0.032 +0.102 14.0 15.0

F2SM-1618-20 16.0 +0.032 +0.102 18.0 20.0

GSM-0406-06 4.0 +0.020 +0.068 6.0 6.0

GSM-0810-36 8.0 +0.025 +0.083 10.0 36.0

GSM-120125-78 120.0 +0.072 +0.212 125.0 78.0

GSM-1214-45 12.0 +0.032 +0.102 14.0 45.0

GSM-1820-30 18.0 +0.032 +0.102 20.0 30.0

GSM-1822-15 18.0 +0.032 +0.102 22.0 15.0

GSM-2021-095 20.0 +0.020 +0.072 21.0 9.5

JSM-0814-08 8.0 +0.040 +0.130 14.0 8.0

JSM-1216-06 12.0 +0.050 +0.0160 16.0 6.0

JSM-1218-10 12.0 +0.050 +0.0160 18.0 10.0

JSM-1315-06 13.0 +0.050 +0.0160 15.0 6.0

JSM-1620-20 16.0 +0.050 +0.0160 20.0 20.0

JSM-6065-100 60.0 +0.060 +0.180 65.0 100.0

MSM-1620-10 16.0 +0.050 +0.0160 20.0 10.0

P210SM-1214-04 12.0 +0.032 +0.102 14.0 4.0

PSM-0608-05 6.0 +0.020 +0.068 8.0 5.0

PSM-0812-10 8.0 +0.040 +0.130 12.0 10.0

PSM-3236-15 32.0 +0.050 +0.150 36.0 15.0

Q2SM-1012-04 10.0 +0.025 +0.083 12.0 4.0

Q2SM-4246-52 42.0 +0.050 +0.150 46.0 52.0

X6SM-1416-22 14.0 +0.016 +0.086 16.0 22.0

X6SM-1618-12 16.0 +0.016 +0.086 18.0 12.0

X6SM-2023-15 20.0 +0.020 +0.104 23.0 15.0

ZSM-2225-35 22.0 +0.020 +0.104 25.0 35.0

ZSM-6065-25 60.0 +0.030 +0.150 65.0 25.0

ZSM-9095-100 90.0 +0.036 +0.176 95.0 100.0

Dimensions sleeve Abmessungen zylindrisch [mm] Dimensions with flange Abmessungen mit Bund [mm]
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Part No. d1 d1 tolerance d2 d3 b1 b2

Art.-Nr. d1-Toleranz h13

GFM-060710-06 6.0 +0.010 +0.040 7.0 10.0 6.0 0.5

GFM-0812-16 8.0 +0.040 +0.130 12.0 16.0 16.0 2.0

GFM-101115-03 10.0 +0.013 +0.046 11.0 15.0 3.0 1.0

GFM-1012-11 10.0 +0.025 +0.083 12.0 18.0 11.0 1.0

GFM-1012-25 10.0 +0.025 +0.083 12.0 18.0 25.0 1.0

GFM-1719-07 17.0 +0.032 +0.102 19.0 25.0 7.0 1.0

GFM-2527-12 25.0 +0.040 +0.124 27.0 32.0 12.0 1.0

GFM-2527-15 25.0 +0.040 +0.124 27.0 32.0 15.0 1.0

GFM-3034-12 30.0 +0.040 +0.124 34.0 42.0 12.0 2.0

GFM-303440-07 30.0 +0.040 +0.124 34.0 40.0 7.0 2.0

H1FM-0405-06 4.0 +0.010 +0.058 5.5 9.5 6.0 0.8

J350FM-6065-50 60.0 +0.030 +0.150 65.0 73.0 50.0 2.0

J3FM-081418-15 8.0 +0.025 +0.083 14.0 18.0 15.0 2.0

JFM-040810-15 4.0 +0.020 +0.068 8.0 10.0 15.0 2.0

JFM-0810-03 8.0 +0.025 +0.083 10.0 15.0 3.0 1.0

JFM-121419-06 12.0 +0.032 +0.102 14.0 19.0 6.0 1.0

JFM-121622-20 12.0 +0.050 +0.0160 16.0 22.0 20.0 2.0

JFM-2023-07 20.0 +0.040 +0.124 23.0 30.0 7.0 1.5

PFM-1214-08 12.0 +0.032 +0.102 14.0 8.0 20.0 1.0

PFM-1618-08 16.0 +0.032 +0.102 18.0 8.0 24.0 1.0

P210FM-0405-06 4.0 +0.020 +0.068 5.5 9.5 6.0 0.8

Q290FM-8085-100 80.0 +0.060 +0.180 85.0 93.0 100.0 2.5

Q2FM-101219-13 10.0 +0.025 +0.083 12.0 19.0 13.0 1.0

Q2FM-1013-05 10.0 +0.025 +0.083 13.0 20.0 5.0 1.0

Q2FM-2023-07 20.0 +0.040 +0.124 23.0 30.0 7.0 1.5

QFM-101215-04 10.0 +0.025 +0.083 12.0 15.0 4.0 1.0

QFM-121418-06 12.0 +0.032 +0.102 14.0 18.0 6.0 1.0

WFM-2023-08 20.0 +0.040 +0.124 23.0 30.0 8.0 1.5

XFM-1214-50 12.0 +0.016 +0.086 14.0 50.0 20.0 1.0

X6FM-0608-04 6.0 +0.010 +0.058 8.0 12.0 4.0 1.0

ZFM-1012-25 10.0 +0.013 +0.071 12.0 18.0 25.0 1.0

ZFM-2023-075 20.0 +0.020 +0.104 23.0 30.0 7.5 1.5

Available Lieferbar

from stock ab Lager
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