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1/2” NPT 5/16” 6,8 35 12 27 - 24 10 814.011.8 7,4

1/2” NPT 3/8” 9,8 35 12 27 - 24 10 814.012.8 7,6

1/2” NPT 1/2” 13,9 37 13 30 - 27 10 814.016.8 8,5

3/4” NPT 3/4” 18,5 40 15 36 - 36 5 814.020.8 12,6

1” NPT 1” 22,8 46 15 46 - 46 5 814.026.8 29,6

1/2” NPT 5/16” 6,8 32 12 27 42 22 10 814.911.8 15,8

1/2” NPT 3/8” 9,8 32 12 27 42 22 10 814.912.8 16,0

1/2” NPT 1/2” 13,9 36 13 30 43 27 10 814.916.8 17,6

3/4” NPT 3/4” 18,5 43 15 36 48 33 5 814.920.8 26,8

1” NPT 1” 22,8 48 15 46 59 42 5 814.926.8 36,8

NPT straight fi tting, male, stainless steel (AISI-303) 

(including connection set).

Thread UI Min. Internal 

Bore (mm)

Dimensions in mm Standard

Package

Article

Number

Weight

NPT Size (inch) A B C D E (Kg/100)

NPT 90° fi tting, male, stainless steel (AISI-303) 

(including connection set).

Thread UI Min. Internal 

Bore (mm)

Dimensions in mm Standard

Package

Article

Number

Weight

NPT Size (inch) A B C D E (Kg/100)


