
Air Filter Series

Dimensions

F1000-W

• Attachment

C type bracket (-BW)

Part model no.: B120

F2000-W

• Attachment

C type bracket (-BW)

Part model no.: B220
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• Option dimensions
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Air Filter Series

Dimensions

Dimensions

F3000-W

• Attachment

C type bracket (-BW)

Part model no.: B320

For the plastic bowl, the dimensions of the manual cock and the automatic drain are same. 

Note: The C-type bracket and piping adaptor set attachments cannot be used at the same time. 

F4000-W

For the plastic bowl, the dimensions of the manual 

cock and the automatic drain are same. 

• Attachment

C type bracket (-BW)

Part model no.: B420
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Bore size ø5.7 to 

ø6 soft nylon tube

Bore size ø5 soft 

vinyl tube

Attachment

A W(piping adaptor set)
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Bore size ø5.7 to 

ø6 soft nylon tube

Bore size ø5 soft 

vinyl tube
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Air Filter Series

F8000-W

For the plastic bowl, the dimensions of the manual cock and the 

automatic drain are same. 

Note: The C-type bracket and piping adaptor set attachments cannot 

be used at the same time. 

• Attachment

C type bracket (-BW)

Part model no.: B820

• Attachment

C type bracket (-BW)

Part model no.: B620

Dimensions

F6000-W
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Bore size ø5.7 to 

ø6 soft nylon tube
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Optional dimensions

Metal bowl F2000-W/F3000-W/F4000-W/F6000-W/F8000-W(option)

Model no.
F1M M M1

A B C

F2000-W - - 147

F3000-W 164 143.5 154

F4000-W 187 166.5 177

F6000-W 226 205 216

F8000-W 266 245.5 256

Dimensions

Air Filter Series

Optional dimensions
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