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Regulator Series

Dimensions

R1000-W

Attached pressure gauge X Y

G45P (74) ø39

G49P (73.5) ø43.5

G59P (76) ø52

G40P (75.5) ø42.5

G50P (75.5) ø52.5

G41P (74) ø42

G52P (86) ø52.5

R2 (74) 30

• Attachment

C type bracket (-BW)

Part model no.: B120

L type bracket (-B3W)

Part model no.: B130

Panel cut dimension

Pressure gauge attached optional dimensions table

R2000-W

C type bracket (-BW)

Part model no.: B220

L type bracket (-B3W)

Part model no.: B230

B type bracket (-B4W)

Part model no.: B240

Panel cut dimension

Attached pressure gauge X Y

G45P (73.5) ø39

G49P (73) ø43.5

G59P (75.5) ø52

G40P (75) ø42.5

G50P (75) ø52.5

G41P (73.5) ø42

G52P (85.5) ø52.5

R2 (73) 30

Pressure gauge attached optional dimensions table
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Regulator Series

Dimensions

Dimensions

R3000-W

Panel cut dimension

• Attachment (C type bracket)

C type bracket (-BW)

Part model no.: B320

L type bracket (-B3W)

Part model no.: B330

Attached pressure gauge X Y

G45P (70) ø39

G49P (69.5) ø43.5

G59P (72) ø52

G40P (71.5) ø42.5

G50P (71.5) ø52.5

G41P (70) ø42

G52P (82) ø52.5

R2 (69.5) 30

Pressure gauge attached optional dimensions table

R4000-W

Panel cut dimension

• Attachment

C type bracket (-BW)

Part model no.: B420

L type bracket (-B3W)

Part model no.: B430

Attached pressure gauge X Y

G45P (75) ø39

G49P (74.5) ø43.5

G59P (77) ø52

G40P (76.5) ø42.5

G50P (76.5) ø52.5

G41P (75) ø42

G52P (86) ø52.5

R2 (75) 30

Pressure gauge attached optional dimensions table

Attachment

A W (piping adaptor set)

103

63

IN OUT

Dimension for knob operation

3
2
.5

1
0
4

3

X

47

32 45

Y
2
.5

2.3

4
5

5
3
.5

31.5

Port size

Rc1/4 (8)

Rc3/8 (10)

Attachment 
(Pressure gauge)

Option with PPD

4
0

5
7
.5

6
6

2.3

45 Panel plate thickness: Max. 7 mm

ø40

67

34.5

16.5

Tube center
IN OUT

4
5

5
3
.5

7

IN OUT

5
7
.5

6
6

16.5

34.5

67

7

Tube center

Attachment

A W (piping adaptor set)

120

Rc3/4:130

80

IN OUT 3
5

1
1
0

3

Dimension for knob operation

X

52

36.5 55

Y

2
.5

2.3

4
5

5
3
.5

39.5

Port size

Rc1/4 (8)

Rc3/8 (10)

Rc1/2 (15)

Attachment 
(Pressure gauge)

Option with PPD

4
0
.5

5
8

6
6
.5

2.3

55

Panel plate thickness: Max. 7 mm

ø47

84

55

14

Tube center
IN OUT

4
5

5
3
.5

7

IN OUT

6
6
.55
8

84

7

Tube center

14

55



384

Regulator Series

Dimensions

R6000-W

Panel cut dimension

• Attachment

C type bracket (-BW)

Part model no.: B620 L type bracket (-B3W)

Part model no.: B430

Attached pressure gauge X Y

G45P (80) ø39

G49P (79.5) ø43.5

G59P (82) ø52

G40P (81.5) ø42.5

G50P (87.5) ø52.5

G41P (80) ø42

G52P (93) ø52.5

R2 (80) 30

Pressure gauge attached optional dimensions table

R8000-W

• Attachment

C type bracket (-BW)

Part model no.: B820

Attached pressure gauge X Y

G45P (85) ø39

G49P (84.5) ø43.5

G59P (87) ø52

G40P (86.5) ø42.5

G50P (86.5) ø52.5

G41P (85) ø42

G52P (98) ø52.5

R2 (85) 30

Pressure gauge attached optional dimensions table
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