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SC3W-M3-3

SC3W-M3-4

SC3W-M5-3

SC3W-M5-4

SC3W-M5-6
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Model no. M A B C D E F G

SC3W-6-4 ø4 38.4 16.2 8 7.3 23.1 9 10.0 13

SC3W-6-6 R1/8 ø6 38.4 15.7 8 7.3 24.1 9 12.5 13

SC3W-6-8 ø8 38.4 15.4 8 7.3 25.3 9 14.5 13

SC3W-8-6 ø6 51.2 24.9 11 9.5 27.2 12 13.8 17

SC3W-8-8 R1/4 ø8 51.2 24.9 11 9.5 28.5 12 16.3 17

SC3W-8-10 ø10 51.2 23.9 11 9.5 32.0 12 19.3 17

SC3W-10-6 ø6 52.4 23.1 12 11.3 28.3 14 12.5 19

SC3W-10-8 ø8 60.2 29.8 12 11.3 30.3 14 16.3 19

SC3W-10-10
R3/8

ø10 60.2 30.0 12 11.3 33.8 14 19.3 19

SC3W-10-12 ø12 60.2 29.3 12 11.3 37.8 14 21.3 19

SC3W-15-10
R1/2

ø10 66.7 33.8 15 13.5 36.0 16 19.3 24

SC3W-15-12 ø12 66.7 33.8 15 13.5 40.0 16 21.3 24
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Dimensions

� SC3W-    -* (as same as low speed type/standard (SC3W-6))
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SC3W Series

Dimensions




