
USB2 Series

 USB2-M5

Dimensions

 USB2-M5

Internal structure and parts list

No. Parts name Material

1 Clip PBT PBT

2 Bonnet SPC Steel

3 Sub core SPC Steel

4 Core assembly SUS405 equiv., SUS316 Stainless steel

5 Coil assembly - -

6 Plunger assembly SUS405 equiv., SUS303, NBR Stainless steel, nitrile rubber

7 Waving washer S65CM Steel

8 Core B SUM22 Free-cutting steel

9 O-ring NBR Nitrile rubber

10 Plunger spring SUS304 Stainless steel

11 Body SUS303 (C3604) Stainless steel (brass)

( ) shows options.

11

10

9

8

7

6

5

4

3

2

1

INOUT

50

55

Lead wire

2-M3 depth 6

1
5

18

(250)
2-M5 depth 4

INOUT

4
7

(200)

5

The alternating current (AC) type has 

lead wire.
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