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mm MPa -kPa R/min ANR R/min ANR
g mm

PK P P V
VCV-H05 0.5 0.5 88 5.5 18 80 120 95 8 8
VCV-H10 1.0 0.5 89 25 53 80 120 95 8 8
VCV-H15 1.5 0.5 92 57 115 140 190 165 8 8
VCV-H20 2.0 0.5 86 100 195 350 460 435 8 10
VCV-L05 0.5 0.5 58 9.5 13 75 115 90 8 8
VCV-L10 1.0 0.5 57 40 52 75 115 90 8 8
VCV-L15 1.5 0.5 64 88 115 135 180 155 8 8
VCV-L20 2.0 0.5 57 165 195 330 440 415 8 10
 0.1 0.6MPa 0 60℃

VCV Series
● 
● 
● 

VCV-VK VCV-V

 -kPa 20 53 50
0 60℃ 0 60℃

 -kPa ±5.3 ±5
 -kPa 4.0 13.3 －
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VCV Series
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VCV Series

 A B C D E F G H I J K L M N O P

VCV-□05 45 33 16 10 8 14 20 4.5 2-φ4.5 Rp1/8 10 Rp1/8 30 φ15 14 85
VCV-□10 45 33 16 10 8 14 20 4.5 2-φ4.5 Rp1/8 10 Rp1/8 30 φ15 14 85
VCV-□15 63 35 20 11 10 20 25 5 2-φ4.5 Rp1/4 15 Rp1/4 51 φ19 17 129
VCV-□20 85 40 30 15 13 28 32 7 2-φ6 Rp3/8 20 Rp1/4 56 φ28 24 161
VCV-□20VK 85 50 30 15 13 28 32 7 2-φ6 Rp3/8 20 Rp1/4 56 φ28 24 161
VCV-□25 100 60 40 20 16 20 50 5.5 2-φ6 Rc1/2 17 Rc3/8 119 φ40 27 236
VCV-□30 118 60 40 20 20 33 50 5.5 2-φ6 Rc3/4 20 Rc1/2 119 φ40 30 257

ZSB-F-G1M G1/8 VCV-H05 VCV-H10
ZSB-X-G1M G1/8 VCV-L05 VCV-L10
ZSB-F-G2M G1/4 VCV-H15
ZSB-X-G2M G1/4 VCV-L15
ZSB-F-G4M G1/2 VCV-H20
ZSB-X-G4M G1/2 VCV-L20
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