
14

mm MPa
-kPa R/min(ANR)

R/min(ANR)
mm

H L H L P V EX
VZH-B□05 0.5 0.45 90 52 5 7.5 13.5 φ6 φ6 -
VZH-B□07 0.7 0.45 92 49 11 17 22 φ6 φ6 -
VZH-B□10 1.0 0.45 89 55 23 33 62 φ6 φ6 -
VZH-D□05 0.5 0.45 91 52 5.5 7.5 13.5 φ6 φ6 φ6
VZH-D□07 0.7 0.45 92 55 11 19 22 φ6 φ6 φ6
VZH-D□10 1.0 0.45 89 53 23 31 62 φ6 φ6 φ8
VZH-D□15 1.5 0.45 93 66 53 68 105 φ10 φ12 φ12
VZH-D□20 2.0 0.45 92 61 94 136 175 φ12 φ16 φ16
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VZH Series

A

B

C

D

E

F

◆
＊

＊

VZH 6 6 6H 07

H
L

B

05 φ0.5mm
07 φ0.7mm
10 φ1.0mm
15 φ1.5mm
20 φ2.0mm

C

(V)
6 φ6
8 φ8
10 φ10
12 φ12
16 φ16
6F Rc1/8
8F Rc1/4
10F Rc3/8
15F Rc1/2

D

(P)
6 φ6
8 φ8
10 φ10
12 φ12
6F Rc1/8
8F Rc1/4
10F Rc3/8

E

(EX)
6 φ6
8 φ8
10 φ10
12 φ12
16 φ16
6F Rc1/8
8F Rc1/4
10F Rc3/8
15F Rc1/2
S ( )

F

(V) 6 10 6F 8F
(P) 6 8 6F
(EX) S( )

VZH-BH05 ● ●
VZH-BH07 ● ●
VZH-BH10 ● ●
VZH-BL05 ● ●
VZH-BL07 ● ●
VZH-BL10 ● ●

(V) 6 6 12 16
(P) 6 6 10 12
(EX) 6 8 12 16

VZH-DH05 ●
VZH-DH07 ●
VZH-DH10 ●
VZH-DH15 ●
VZH-DH20 ●
VZH-DL05 ●
VZH-DL07 ●
VZH-DL10 ●
VZH-DL15 ●
VZH-DL20 ●

(V) 6F 10F 15F
(P) 6F 8F 10F
(EX) 6F 10F 15F

VZH-DH05 ●
VZH-DH07 ●
VZH-DH10 ●
VZH-DH15 ●
VZH-DH20 ●
VZH-DL05 ●
VZH-DL07 ●
VZH-DL10 ●
VZH-DL15 ●
VZH-DL20 ●

(V)

(P)

(EX)

D
B

A

D
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VZH Series

A B C D E F G H Q L K J
VZH-B□05-66S 60 16 31 5.8 2 3.2 47 22 24 6 5 6
VZH-B□07-66S 60 16 31 5.8 2 3.2 47 22 24 6 5 6
VZH-B□10-66S 63 18 32 5.8 2 3.2 50 23 26 6 5 6

A B C D E F G H Q M K J
VZH-B□05-6F6FS 68 16 39 5.8 2 3.2 47 Rc1/8 31.5 Rc1/8 5 12
VZH-B□07-6F6FS 68 16 39 5.8 2 3.2 47 Rc1/8 31.5 Rc1/8 5 12
VZH-B□10-6F6FS 71 18 40 5.8 2 3.2 50 Rc1/8 33.5 Rc1/8 5 12
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A B C D E F G H L K J
VZH-D□05-666 58.5 34 14.2 17 6 21 3.2 24 6 22 6
VZH-D□07-666 61 34 14.2 17 6 22 3.2 24 6 22 6
VZH-DH10-668 66 37 17.2 20 6 24.5 4.2 26 8 23 6
VZH-DL10-668 70 37 17.2 20 6 24.5 4.2 26 8 23 6
VZH-D□15-121012 93.3 47 22.5 27 10 32.8 4.2 31.5 12 29.5 12
VZH-D□20-161216 124.6 46 27 12 12 54.3 3.5 38.5 16 32.7 16

A B C D E F G H L K J
VZH-D□05-6F6F6F 73.5 41.5 14.2 17 Rc1/8 28.5 3.2 31.5 Rc1/8 29.5 Rc1/8
VZH-D□07-6F6F6F 76 41.5 14.2 17 Rc1/8 29.5 3.2 31.5 Rc1/8 29.5 Rc1/8
VZH-DH10-6F6F6F 82 44.5 17.2 20 Rc1/8 33 4.2 33.5 Rc1/8 30.5 Rc1/8
VZH-DL10-6F6F6F 86 44.5 17.2 20 Rc1/8 33 4.2 33.5 Rc1/8 30.5 Rc1/8
VZH-D□15-10F8F10F 116.5 58.5 22.5 27 Rc1/4 44.5 4.2 43 Rc3/8 41 Rc3/8
VZH-D□20-15F10F15F 151 61 27 12 Rc3/8 69.3 3.5 50 Rc1/2 47.7 Rc1/2

VZH Series
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