
Floor Standing Enclosures
VME Range



 
 

O nosso armário EKOM é fabricado em alumínio e está equipado com uma parede dupla externa e com tampa de proteção contra 
chuva. As partes frontais e traseiras têm perfis com padrões de orifícios integrados com espaçamento de 25 mm. As paredes duplas são 
colocadas a uma determinada distância do alojamento interno e dispõem de aberturas de ventilação superiores e inferiores que permitem 
a subida e saída de um fluxo constante de ar através da grelha de ventilação da tampa de proteção contra chuva e das paredes, após 
aquecimento pelo sol. Consequentemente, a necessidade de arrefecimento adicional é reduzida significativamente devido às propriedades 
de arrefecimento passivo das paredes.
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Greater flexibility

Customers can adjust the mounting plate in depth in order to meet with their  
specific requirements.

User friendly

Doors as well as the rear, bottom, top and side panels can be easily removed. This allows 
easy access for cablin and/or mounting of interior components, plus simplified drilling and 
hide-making.

Compatible with floor standing platform

The VME range is based on the same design as the combinable floor standing range, 
allowing the use of the same internal accessories and door configurations. Combined with 
other enclosures, it creates a harmonized aesthetic impression.

Full width installation

VME range provides an installation surface over the full width of the enclosure by  
using sliding profile.

Floor Standing Enclosures
VME Range  

 

Typical Application | Mild Steel

Building HVAC

Process Automation

Eldon customers in Sweden can now access the upgraded VME floor standing enclosure range that delivers a number of key ease-of-use 
benefits such as improved accessibility, greater installation flexibility and a full width installation surface. Enclosures are provided with a 
sliding profile and full width mounting plate, allowing to assembly the components before fix it in the enclosure.

Building HVAC

Heating, ventilation and air conditioning systems, mostly referred to as HVAC 
systems, control the temperature, humidity and quality of air in residential, 
commercial, and industrial buildings. Cabinets used for Building HVAC 
applications are products with proven design and reliability. The Eldon VME 
enclosures, with their user friendly and ready to use design, are a reliable choice 
for panel builders and installers active in this market.



Material:
Alumínio AlMg3. Estrutura: 2 mm. Portas: 2 mm. Painel traseiro, 2 mm. Tejadilho: 2 
mm. Parede dupla: 2 mm.

Estrutura:
Corpo de uma só  peça. Perfis de profundidade integrados com furos standard 
permitindo instalação de placa de montagem regulável em profundidade. O OutDoor 
em versões de portas múltiplas, é dividido em módulos individuais, por meio de 
divisórias.

Porta:
Paredes duplas com aberturas de ventilação superior e inferior permitindo o fluxo de 
ar. Montado com dobradiças escamoteadas que permite abrir á esquerda ou direita. 
Nas versões porta múltipla tem uma fechadura por porta.

Painel posterior:
Fixado por dentro. Facilidade de montagem na porta posterior.

Dupla parede:
Os painéis laterais e posteriores fabricados com parede dupla e aberturas de 
ventilação superior e inferior permitindo o fluxo de ar.

Tejadilho:
Tejadilho inclinado com canal de dispersão de água da chuva e canais de ventilação 
no seu perímetro.

Fechadura:
Sistema de fechadura com punho multiponto de alta segurança.

Placas inferiores:
Fornecido como acessório.

Terras:
Todos os painéis estão ligados à terra  e estão equipados com um ligador de terra 
separado.

Acabamento:
Pintura RAL 7035 100% poliester.

Protecção:
Corresponde com IP 66 | TYPE 4X, 12, 13 | IK 10.

Aprovações:
CE, EAC, GOST, cULus_listed. Resistência climática e a substâncias químicas activas 
de acordo com EN61969-3 "Estruturas mecânicas para equipamentos electrónicos 
instalados em armários ao ar livre (Outdoor)".

Fornecimento:
OutDoor com porta equipada com fechadura com punho, painel traseiro, tejadilho, 
e paredes duplas e ligadores de terra. Fornecido em palete com largura idêntica do 
OutDoor para permitir associação de OutDoor’s sem remoção da mesma. Todo o 
material da embalagem é reciclável. As placas de montagem e de fundo não estão 
incluídos no fornecimento.
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Material:
Frame: 1.5 mm painted steel. Door: 2 mm painted steel. Rear, roof and side panels: 
1.5 mm painted steel. Mounting plate: 3 mm galvanized steel. Bottom plates: 1 mm 
galvanized steel.

Frame:
Seam welded reversed open profiles with 25 mm hole pattern according to DIN 
43660. Including integrated external hole pattern.

Door:
Mounted with four hinges. Including door frame with 25 mm hole pattern. Door cannot 
be reversed. Separate door table ordered for left hand door locking.

Rear panel:
Fitted by M6 torx screws. Standard facilities for rear door mounting. Split rear panels in 
1600 wide enclosures.

Side panels:
Supplied as an accessory.

Roof panel:
Removable.

Lock:
Espagnolette 4-point locking system. Does not interfere with the enclosure inner 
space. Standard double-bit lock with 3 mm insert. Can be exchanged for standard 
inserts or Euro-cylinder and a lift handle.

Bottom plates:
Consists of three or four (D>600) pieces.

Mounting plate:
Double folded and adjustable in depth by steps of 25 mm.

Earthing:
All panels are earthed through their fittings and are equipped with a separate earthing 
stud.

Finish:
RAL 7035 structured powder coating.

Protection:
Complies with:  
Single door: IP 56 | TYPE 4, 12, 13 | IK 10 
Double door: IP 55 | TYPE 12, 13 | IK 10

Mounting requirement:
Standard delivery ready for combined installation. For stand-alone installation add side 
panels. 

Delivery:
Frame with fitted door, rear panel, roof panel and bottom plates. Mounting plate (MTW) 
and sliding profile (MTS) deliver unmounted. Delivery includes earthing bolts. Delivered 
on a pallet which is identical to the width of the enclosure to allow suiting without 
removal. All packing material is recyclable.

Floor Standing Enclosures
VME Range | Mild Steel
Single door: IP 56 | TYPE 4, 12, 13 | IK 10 
Double door: IP 55 | TYPE 12, 13 | IK 10 



Dimensão do armário

A L P Nº de portas Ref.

1200 600 600 1 EKOM12066

1200 800 600 1 EKOM12086

1400 600 600 1 EKOM14066

1400 800 600 1 EKOM14086

1200 1200 600 2 EKOM12126

1400 1800 500 3 EKOM14185
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Dimensional table | VME

Single door: IP 56 | TYPE 4, 12, 13 | IK 10
Double door: IP 55 | TYPE 12, 13 | IK 10

With mounting plate
Enclosure dimensions Mounting plate dimensions

H W D h w No. of doors Item no.

1800 600 400 1694 599 1 VME18064CR5

1800 600 500 1694 599 1 VME18065CR5

1800 800 400 1694 799 1 VME18084CR5

1800 800 500 1694 799 1 VME18085CR5

1800 1000 400 1694 999 1 VME18104CR5

1800 1000 500 1694 999 1 VME18105CR5

1800 1200 400 1694 1199 2 VME18124CR5

1800 1200 500 1694 1199 2 VME18125CR5

1800 1600 400 1694 1599 2 VME18164CR5

2000 600 400 1894 599 1 VME20064CR5

2000 600 500 1894 599 1 VME20065CR5

2000 600 600 1894 599 1 VME20066CR5

2000 800 400 1894 799 1 VME20084CR5

2000 800 500 1894 799 1 VME20085CR5

2000 1000 400 1894 999 2 VME20104CR5

2000 1000 500 1894 999 2 VME20105CR5

2000 1200 400 1894 1199 2 VME20124CR5

2000 1200 500 1894 1199 2 VME20125CR5

2000 1200 600 1894 1199 2 VME20126CR5

2000 1600 400 1894 1599 2 VME20164CR5*

*1600 mm wide mounting plates are supplied as two 800 mm wide mounting plates (MPW2008) 
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Dimensional drawing | VME, single door Dimensional drawing | VME, double door
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