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COUNTER VIEW, MECHANICAL

Description:
- monitors the productivity of a moulding tool

Note:
- max. operational temperature 120 °C
- seven digit display, non-resettable, allows recording up to 10 million 
cycles
- splash resistant, corrosion resistant
- incl. mounting screws M4x25

Installation into mould parting surface with 2 cylinder screws M4 x 25 DIN 
EN ISO 4762.
- An installation in the mould parting surface provides a good reading of 
the counted values.

Patent

Mounting example
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Counter view, mechanical

http://www.de.shop.fibro.com/en/3710-12-01
https://fibro.partcommunity.com/3d-cad-models/3710-12-01-summenz%C3%A4hler-mechanisch-fibro?info=fibro%2Fnormalien%2Fj%2Fj09%2F3710_12_01.prj&cwid=3882



