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Angle J oints
to

DIN 71802
consisting of ball s tud 
to DIN 71803 and ball 
journal to DIN 71805

Form Cwith threaded 
stud and hexagon nut.
Form C Swith threaded
stud, hexagon nut and 
external clip

Materials :

B all J ournal: S teel, minimum strength R m= 500N/mm2

B all S tud: S teel, minimum strength R m= 600N/mm2

S urfac e: blanc, zinc plated white, on request: yellow or black chromated

Alternative: stainless  s teel to 1.4305, Ais i 303

Ordering Details :

e.g. Angle J oint with external clip, Form C S  with ball diameter D1 = 10 mm:
Angle J oint DIN 71802 -  C S  10

L eft Hand T hread: Left hand thread only at the ball journal available:
Angle J oint DIN 71802 -  C S  10 L H

L oos e F it: increased internal clearance available:
Angle J oint DIN 71802 -  C S L  10
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