
Locking Nuts to DIN 934 / 439
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Normal Form
DIN 934 / IS O 4032

Narrow Form
DIN 439 / 936

Locking Nuts  with right
or left hand thread.
S teel zinc plated or
stainless  S teel A2

X) available ex s tock, S tandard Form only with standard thread in s tock

Materials : S teel zinc plated, s trength grade: 04 or better
A2 is  equivalent to s tainless  s teel 1.4301, Ais i 304 and 1.4303, Ais i 305 or alternative material

T hread: R ight hand or left hand threads

R emarks : Across-flats  dimension S W, Weight, Width m1/m2 and C hamfer can differ from the table 
above and the DIN, because of different manufacturing methods
L oc king Nuts  DIN 439according to IS O 4036(without chamfer) or IS O 4035(with chamfer).
L oc k ing Nuts  DIN 439 F ine T hread according to IS O 8675(with chamfer).

Ordering: e.g. L oc k ing Nut M 10 L eft Hand(Normal Form with standard thread) in s tainless  s teel A2:

Details : L oc k ing Nut DIN 934-M10-A2-L eft Hand
e.g. L oc k ing Nut M 39x3 R ight Hand(Narrow Form) in S teel, zinc plated:
L oc king Nut DIN 439-M39x3-04
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