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d +0,08
- 0,15

dk 9,5    0,3 dm 2,9 k 1,25  4,9 mm  4500 N  5500 N+–

4,8
12,0 0,5 - 4,5 10.908.048.120/103 500

13,7 3,5 - 6,0 10.908.048.137/103 500

15,3 5,0 - 7,5 10.908.048.153/103 500

d l
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Sealed Blind Rivet CERTO®-PERFECT
Series 10.908/103

Stainless Steel A2 / Stainless Steel C1
Dome Head <

closed <

min. 27

d l
+1 No.


