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Available Lieferbar

from stock ab Lager

Part No. d1 d2 d3 d4 s b1

Art.-Nr. -0.10 +0.20

MCM-12-018 12.0 13.6 14.4 17.0 0.8 3.4

Part No. d1 d2 b1 d3 b2

Art.-Nr.

MYI-05-10 5/16 0.3744 5/8 1/2 0.0299

Dimensions clips bearing

Abmessungen Clipslager [mm]

Part No. d1 d2 s d4 d5

Art.-Nr. h13

GTM-0825-015 8 25 1.5 – –

GTM-1220-010 12 20 1 – –

GTM-4060-035 40 60 3.5 – –

JTM-0615-015 6 15 1.5 – –

JTM-0815-015 8 15 1.5 – –

JTM-0818-015 8 18 1.5 13 1.5

JTM-1018-010 10 18 1 – –

JTM-2644-015 26 44 1.5 35 3

JTM-6290-020 62 90 2 – –

Part No. d1 d1 tolerance d2 b1

Art.-Nr. d1-Toleranz h13

A181SI-0406-06 1/4 +0.2539 +0.2516 3/8 3/8

GSI-1216-08 3/4 +0.7590 +0.7560 1 1/2

GSI-1620-55 1 +1.0092 +1.0062 1 1/4 55/16

GSI-1620-14 1 +1.0092 +1.0062 1 1/4 7/8

GSI-1620-44 1 +1.0092 +1.0062 1 1/4 11/4

GSI-2428-44 1 1/2 +1.5107 +1.5067 1 3/4 11/4

GSI-2428-20 1 1/2 +1.5107 +1.5067 1 3/4 1 1/4

GSI-5659-48 3 1/2 +3.5830 +3.5028 59/16 3

H1SI-0810-12 1/2 +0.5034 +0.5006 5/8 3/4

Dimensions split bearing  

Abmessungen Schlitzlager [inch]

Part No. d1 d1 tolerance d2 d3 b1 b2

Art.-Nr. d1-Toleranz h13

GFI-1012-08 5/8 +0.6297 +0.6270 3/4 1/2 1 0.062

GFI-1012-12 5/8 +0.6297 +0.6270 3/4 3/4 1 0.062

GFI-1012-16 5/8 +0.6297 +0.6270 3/4 1 1 0.062

GFI-1214-18 3/4 +0.7541 +0.7505 7/8 1 1/4 1.125 0.062

ZFI-0304-06 3/16 +0.1888 +0.1869 1/4 3/8 0.375 0.032
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Dimensions thrust washer Abmessungen Anlaufscheiben [mm]

Dimensions sleeve 

Abmessungen zylindrisch [inch]

Dimensions with flange  

Abmessungen mit Bund [inch]

Part No. d1 d1 tolerance d2 b1

Art.-Nr. d1-Toleranz h13

JSI-1011-10 5/8 +0.6280 +0.6253 23/32 5/8

JSI-1011-14 5/8 +0.6280 +0.6253 23/32 7/8

JSI-1011-20 5/8 +0.6280 +0.6253 23/32 1 1/4

JSI-2226-32 1 3/8 +1.3809 +1.3770 1 5/8 2

Q2SI-4852-48 3 +3.0071 +3.0024 3 1/4 3

QSI-2428-16 1 1/2 +1.5059 +1.5020 1 3/4 1

QSI-2428-24 1 1/2 +1.5059 +1.5020 1 3/4 1

QSI-2428-40 1 1/2 +1.5059 +1.5020 1 3/4 5/2
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